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PE51026
PORTABLE DUCK 

ANTENNA, 902 TO 928MHz
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Product  Features 
• 902-928 MHz frequency range 
• Portable Duck Antenna 
• High Gain 
• Flexible and rugged design adds durability 
• Reverse Polarity SMA Male Connector 
• 0  ˚ - 90  ˚  and 180  ˚  swivel allows vertical 

orientation of the antenna. 
 
Description 
The PE51026  Portable Duck Antenna  is designed for 
applications within the 902 to 928 MHz frequency 
range. The rugged, flexible design of these Portable 
Duck Antennas makes them suitable for a wide variety 
of wireless communications/data applications.  

Electrical Specifications (1) 
Parameter Value Units 

Impedance 50 Ohms 
Frequency Range 902 to 928 MHz 
VSWR ≤2.0:1  
Radiation Omni  
Polarization Vertical  
Gain 3 dBi 

 
Mechanical Specifications (1) 

Parameter Value 
Whip Steel 
Antenna height 7.20” 
Temperature Range -20º C to +65º C 
Connector RP SMA Male 
Connector Materials Brass Nickel Plated 
Weight 27 g (est) 
 
 
Ordering Information 

Part Number Description 
PE51026 902 To 928 MHz Portable Duck Antenna; 3dbi; Reverse Polarity SMA Male 
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