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Features
• WR-19
• 40 to 60 GHz
• 30 dB fixed attenuation at center frequency

• UG-383/U-Mod Round Cover Flange
• Gold Plated Brass

Applications
• Instrumentation
• System Calibration

• Research and Development
• Test Benches

.

Description
PEWAT1003 is a WR-19 waveguide attenuator with 30 dB fixed attenuation, operating in the 40 to 60 GHz (U band) frequency 
range. The attenuator uses an UG-383/U-Mod Round Cover flange that is Gold Plated Brass. Pasternack offers standard 
mid-band tuned Waveguide Fixed Attenuators with attenuation values of 1 to 30 dB in 1 dB steps, as well as custom values 
and custom band tuning upon reques

Electrical Specifications

 Description Minimum Typical Maximum Units 
Frequency Range 40  60  GHz 
Nominal Attenuation  30  dB 
.   

Mechanical Specifications
.
.

 Description  Flange 1 Waveguide Flange 2  
Interface UG-383/U-Mod WR-19 UG-383/U-Mod 
Material Brass Brass Brass 
Plating Gold Gold Gold 
...  

Compliance Certifications (see product page for current document) 

Plotted and Other Data
Notes: 
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Click the following link (or enter part number in “SEARCH” on website) to obtain additional part information including price, 
inventory and certifications: WR-19 Waveguide Fixed Attenuator, 30 dB, From 40 GHz to 60 GHz, UG-383/U-Mod Round 
Cover Flange PEWAT1003-30
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Typical Performance Data
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Typical Mid-band Tuned Attenuation

WR-19 Waveguide Fixed Attenuator, 30 dB, From 40 GHz to 60 GHz, UG-383/U-Mod Round Cover Flange from Pasternack 
Enterprises has same day shipment for domestic and International orders. Our RF, microwave and millimeter wave products 
maintain a 99.4% availability and are part of the broadest selection in the industry.

Click the following link (or enter part number in “SEARCH” on website) to obtain additional part information including price, 
inventory and certifications: WR-19 Waveguide Fixed Attenuator, 30 dB, From 40 GHz to 60 GHz, UG-383/U-Mod Round 
Cover Flange PEWAT1003-30

URL: https://www.pasternack.com/wr-19-waveguide-fixed-attenuator-30-db-60-ghz-pewat1003-30-p.aspx
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WR-19 Waveguide Fixed Attenuator, 30 dB, From 40 GHz 
to 60 GHz, UG-383/U-Mod Round Cover Flange

PEWAT1003-30 CAD Drawing
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